
Wall-Mounted Housing WM

48 Rittal Catalog 34/EnclosuresMetric measurements are exact, imperial measurements are rounded.

Depth: 10˝ (250 mm), Height: 20 – 30˝ (500 – 760 mm) 

Depth: 10˝ (250 mm), Height: 30 – 60˝ (760 – 1500 mm) 

Depth: 12˝ (300 mm), Height: 20 – 35˝ (500 – 900 mm) 

Depth: 12˝ (300 mm), Height: 35˝ (900 mm) 

Height (H) inches (mm) Packs of 20 (500) 24 (600) 24 (600) 30 (760) 30 (760) 30 (760) Page

Width (B) inches (mm) 20 (500) 20 (500) 24 (600) 24 (600) 30 (760) 41 (1050) 

Depth (T) inches (mm) 10 (250) 10 (250) 10 (250) 10 (250) 10 (250) 10 (250) 

Mounting plate height (G) inches (mm) 19 (475) 22 (570) 22 (570) 29 (730) 29 (730) 28 (710) 

Mounting plate width (F) inches (mm) 18 (449) 18 (449) 22 (549) 22 (549) 28 (704) 39 (1000) 

Material thickness, housing ga (mm) 16 (1.5) 16 (1.5) 16 (1.5) 16 (1.5) 16 (1.5) 14 (2.0) 

Material thickness, door ga (mm) 16 (1.5) 16 (1.5) 14 (2.0) 14 (2.0) 14 (2.0) 14 (2.0) 

Model No. 1 pc(s). 8018.963 8017.561 8017.562 8017.563 8018.902 8017.564

Model No. US 1 pc(s). WM202010NC WM242010NC WM242410NC WM302410NC WM303010NC WM304210NC 

Door(s) 1 1 1 1 1 2

Weight lb (kg) 45 (20) 48 (22) 51 (23) 75 (34) 88 (40) 154 (70) 

Accessories

Wall mounting bracket 4 pc(s). 2508.100 2508.100 2508.100 2508.100 2508.100 2508.100 503 

Plastic handles 1 pc(s). 2533.000 2533.000 2533.000 2533.000 2533.000 – 487 

L-handle 1 pc(s). 8015.168 8015.168 8015.168 8015.168 8015.168 8015.168 487 

Height (H) inches (mm) Packs of 30 (760) 35 (900) 35 (900) 41 (1050) 47 (1200) 59 (1500) Page

Width (B) inches (mm) 47 (1200) 24 (600) 30 (760) 35 (900) 35 (900) 35 (900) 

Depth (T) inches (mm) 10 (250) 10 (250) 10 (250) 10 (250) 10 (250) 10 (250) 

Mounting plate height (G) inches (mm) 28 (710) 34 (870) 34 (870) 40 (1020) 45 (1155) 57 (1455) 

Mounting plate width (F) inches (mm) 45 (1150) 22 (549) 28 (704) 33 (840) 33 (840) 33 (840) 

Material thickness, housing ga (mm) 14 (2.0) 16 (1.5) 14 (2.0) 14 (2.0) 14 (2.0) 14 (2.0) 

Material thickness, door ga (mm) 14 (2.0) 14 (2.0) 14 (2.0) 14 (2.0) 14 (2.0) 14 (2.0) 

Model No. 1 pc(s). 8017.565 8017.566 8017.567 8017.569 8017.570 8017.571

Model No. US 1 pc(s). WM304810NC WM362410NC WM363010NC WM423610NC WM483610NC WM603610NC 

Door(s) 2 1 1 1 1 1

Weight lb (kg) 138 (63) 85 (38) 116 (53) 162 (74) 178 (81) 189 (86) 

Accessories

Wall mounting bracket 4 pc(s). 2508.100 2508.100 2508.100 2508.100 2508.100 2508.100 503 

Plastic handles 1 pc(s). – 2533.000 2533.000 – – – 487 

L-handle 1 pc(s). 8015.168 8015.168 8015.168 8015.168 8015.168 8015.168 487 

Height (H) inches (mm) Packs of 20 (500) 24 (600) 24 (600) 30 (760) 30 (760) 35 (900) Page

Width (B) inches (mm) 20 (500) 20 (500) 24 (600) 24 (600) 30 (760) 24 (600) 

Depth (T) inches (mm) 12 (300) 12 (300) 12 (300) 12 (300) 12 (300) 12 (300) 

Mounting plate height (G) inches (mm) 19 (470) 22 (570) 22 (570) 29 (730) 29 (730) 34 (870) 

Mounting plate width (F) inches (mm) 18 (449) 18 (449) 22 (549) 22 (549) 28 (704) 22 (549) 

Material thickness, housing ga (mm) 16 (1.5) 16 (1.5) 16 (1.5) 16 (1.5) 16 (1.5) 16 (1.5) 

Material thickness, door ga (mm) 16 (1.5) 16 (1.5) 14 (2.0) 14 (2.0) 14 (2.0) 14 (2.0) 

Model No. 1 pc(s). 1350.250 8017.574 8017.575 8017.576 1073.250 8017.578

Model No. US 1 pc(s). WM202012NC WM242012NC WM242412NC WM302412NC WM303012NC WM362412NC 

Door(s) 1 1 1 1 1 1

Weight lb (kg) 45 (20) 51 (23) 63 (28) 77 (35) 93 (42) 88 (40) 

Accessories

Wall mounting bracket 4 pc(s). 2508.100 2508.100 2508.100 2508.100 2508.100 2508.100 503 

Plastic handles 1 pc(s). 2533.000 2533.000 2533.000 2533.000 2533.000 2533.000 487 

L-handle 1 pc(s). 8015.168 8015.168 8015.168 8015.168 8015.168 8015.168 487 

Height (H) inches (mm) Packs of 35 (900) 35 (900) 35 (900) 35 (900) 35 (900) Page

Width (B) inches (mm) 30 (760) 35 (900) 41 (1050) 47 (1200) 59 (1500) 

Depth (T) inches (mm) 12 (300) 12 (300) 12 (300) 12 (300) 12 (300) 

Mounting plate height (G) inches (mm) 34 (870) 34 (870) 33 (850) 33 (850) 33 (850) 

Mounting plate width (F) inches (mm) 28 (704) 33 (840) 39 (1000) 45 (1150) 57 (1450) 

Material thickness, housing ga (mm) 14 (2.0) 14 (2.0) 14 (2.0) 14 (2.0) 14 (2.0) 

Material thickness, door ga (mm) 14 (2.0) 14 (2.0) 14 (2.0) 14 (2.0) 14 (2.0) 

Model No. 1 pc(s). 8017.579 8017.581 8017.582 8017.583 8017.584

Model No. US 1 pc(s). WM363012NC WM363612NC WM364212NC WM364812NC WM366012NC 

Door(s) 1 1 2 2 2

Weight lb (kg) 120 (55) 140 (64) 167 (76) 186 (85) 226 (103) 

Accessories

Wall mounting bracket 4 pc(s). 2508.100 2508.100 2508.100 2508.100 2508.100 503 

Plastic handles 1 pc(s). 2533.000 2533.000 – – – 487 

L-handle 1 pc(s). 8015.168 8015.168 8015.168 8015.168 8015.168 487 


