
Support arm system CP 40, steel

139Rittal Catalogue 34/Enclosures

R
ot

at
in

g/
til

tin
g

R
ig

id

Le
ng

th
 m

m

W
ei

gh
t k

g

C
ol

ou
r R

A
L

Enclosure section Desk section Wall section

Model No.

Tilting adaptor +100/-60° for support arm connection ▭ 120 x 65 mm/▭ 90 x 71 mm 

see page 162 ◾ – – 0.8 7035/
7024 6206.460 – – 

Attachment CP 40, steel, for support arm connection ▭ 90 x 71 mm

– ◾ – 1.0 7024 6501.070 – – 

Coupling CP 40, steel, for support arm connection ▭ 90 x 71 mm 

◾ – – 1.1 7024 6501.050 – – 

Coupling CP 40, steel, for support arm connection ▭ 120 x 65 mm 

◾ – – 1.5 7024 6501.130 – – 

Connection console VESA 75/100 for support arm connection ▭ 120 x 65 mm 

see page 156 – ◾ – 1.1 7035/
7024 6206.480 – – 

Angle coupling 90° CP 40, steel, for support arm connection ▭ 90 x 71 mm

◾ – – 1.6 7024 6501.120 – – 

Support section CP 40, steel

– – 500 
1000 

2.1 
4.2 

7035
7035

6501.000 
6501.020 

Angle piece 90° CP 40, steel

– ◾ – 1.1 7024 6501.140 – 6501.140 

Top-mounted joint CP 40, steel

◾ – – 1.8 7024 –  – 6501.160 

Wall-mounted hinge CP 40, steel

◾ – –  2.2 7024 – – 6501.150 

Wall/base mounting bracket, CP 40, steel

– ◾ – 0.7 7024 – – 6501.110 

Mounting component CP 40, steel, for signal pillar

see page 720 – ◾ – 0.3 7024 2375.030 – – 

Accessories 

Angle adaptor 90° for support arm combination CP 60/40 6206.640 see page 158 


